w

®
o

5 . 3? vV DC UTP
| I T
T e e T ..
5_—36\‘;(- SVDGC A
(O] @ @

] www. buschjasger-
\\ F_;/ + 24V DC catalogue.com/

9102'20'LL / 889885 L0000WADE / 8888-1-EL00

R KNX £136-0-0202,artikel htmi
—
ABB-ControlTouch Technicka data * Zprovoznéni
s < . dieni: 4 sieni V8echny pfistroje systémové instalace musi byt spravné pfipojeny ke
Duilezita upozornéni Nva'pajenl. Pomocné rj‘apajenl 5..36VDC |, sbarmicovému vedent!
> Nebezpegi Grazu pii pfimém & nepfimém dotyku se Prikon: 250 mA (pfi 5 VDC) Zprovoznéni se provadi ve webovém prohlizei prostrednictvim )
i Zivymi Eastmi. Nasledkem miZe byt uraz, pozar nebo i Systémové pipojeni: KNX https:/my.busch-jaeger.de. Timto softwarem se provadi konfigurace | [B] Provozni stavy
(7)) smrt. Pfi nespravné manipulaci s pistrojem pod napétim - 5 systému. Pfed instalaci je tfeba se zaregistrovat. Registrace se Zelena: pomalu startuje nebo se vypina
@ hrozi nebezpei pozaru. Ethernet: 107100 Mbit provadi na https://my.buschjaeger.de. Timto zpusobem Ize ziskat . blika
@ — Pfi montazi a/nebo demontazi odpojte pfistroj od Stuperi kryti: 1P20 pristup k zprovozhovacimu serveru. LED,OK - — - —
0 sitového napajeni! R h ch teplot: 0°C . +70°C " Konfigurace systému je uloZzena na centralnim serveru a Ize ji Zelena: sviti aplikace je pfipravena
— Montézni prace v siti 230V smi provadét pouze 0zsah pracovnich teplot: pfipadné stahnou z BuschControlTouch® KNX.
kvalifikovani a vySkoleni elektromontéfi. Rozsah skladovacich teplot: -40°C ... +85°C Aplikaci pro ovladani KNX pfistroje Ize stahnout z Apple Store nebo
. : " Google Store.
R h): 72 x 90 x 60 . -
ozrvn’ery (Sxv X, ) X0 xeomm Skupinové adresy jsou importovany z ETS 4, ETS5 nebo vyssi Zelena: pomalu vée v pofadku
= Peglivé si pfectéte navod k montazi a pouziti a dodrzujte jeho Soucast baleni importovanim KNX projektu pfimo na zprovoziiovaci server. blika
pokyny. = 1x UTP-Kabel " Dalsi volby, jako napf. Philips Hue, mohou byt konfigurovany zviast. o " .
= Dalsi informace a popis parametrt, nastaveni a postup . Podrobny popis zprovoznéni, nastaveni sitového spojeni, Zluta: p(_)rr]alu chybi KNX spojeni
zprovozfiovani Ize nalézt na www.BUSCHJAEGER.com nebo | Systémové pozadavky . Parametrizace a ovladani aplikace naleznete v technickém manuélu LEDI ol blika
i QR-k6 . ) . . iz. QR-kéd). »Network* A hle blik& | chybi LAN sit
pomoct QR-kédu. = Apple nebo Android pfistroje nebo notebook ¢&i stolni PC. (viz. QR-kod) ervena ryehie bilka | chybt st
Funkce «i0S 6.0 a vy3si, Android 2.3 a vy3si — —— — -
= PFistroj umoZiuje snadné a pfimé ovladani domaci automatizace | . volny pristup do sité % oviadani Cervena/Zelena: _bllka \Y je sit LAN, ale neni
z mobilnich zafizeni s operanim systémem Apple nebo Android |, internetové pfipojeni ) intervalech | pfipojeni do internetu
nebo z notebooku & stolniho PC. Ovladani je realizovano « Philips Hue systém (volitelng) [A] MoZnosti resetovant Dalsi vlastnosti pfistroje:
prostfednictvim pfimé integrace do systému KNX (uvnitf stavby) | godategny napajeci zdroj (napt. pro priOny CP-D 24/2,5) Tlagitko | Drzet stlagené pfi Reset do tovarniho nastaveni [s Vytvareni scén, zprav a Gasovych programii
nepq pres Tte'rn'et'(\yta |St:\|:by).'Apltlka?e r}aprll_kklad detektjjl jtavy R1 rozb&hu « Podpora kamer
spinani ¢i stmivani. Vysledkem je oteviena aplikace nevyzaduijici / - ] . . it 0 “ p 5
slozité programovan. Montaz Stisknout kratce Kompletni restart - ng;&g:ﬁ"[)%ﬁf:gzggﬁgvac'ho systému
= Celkovy pfehled funkci naleznete v technickém manuélu PFistroj je uréen pro montaz na DIN ligtu dle CSN EN 60715. DrZet stisknuto Reset do tovarniho nastaveni
pfislusného pfistroje (viz. QR-ko6d). Zapojeni pfistroje musi odpovidat platnym predpisim! (> 3 sekundy)
Servis
ABB s.r.0. Elektro-Praga, Resslova 3, CZ-466 02 Jablonec nad Nisou
Zapojeni tel.: 483 364 111, tech. podpora: 800 800 104
Pfistroj zapojit dle schématu zapojeni (UTP port slouZi pro internetové|  Tla&itko | Stisknout kratce Reset aplikace e-mail: epj.jablonec@cz.abb.com, http://www117.abb.com
pfipojenti!). R2
Busch-ControlTouch® . * Commissioning [B] Operating statuses
Technical data All the devices of the system must be correctly wired and connected Green: Flashes Booting or shutting down
DANGER _ Connection voltage: Auxiliary voltage: 5 ... 36 VDC “ to the bus line! slowly
c Dangerous currents flow through the body when coming P . 250 MA (at 5 VDG Commissioning is performed via https://my.busch-jaeger.de in a "‘-ED" -
A into direct or indirect contact with live components. This ower consumption: mA (at ) web browser. This software is used to create the system OK Green: Lit Application is ready to start
7)) can result in electric shock, burns or even death. Work Additional connections: KNX configuration. Registration in advance is required for installation. ' constantly PP Y
— improperly carried out on current-carrying parts can cause Ethernet: 10/ 100 Mbit This takes place via https://my.busch-jaeger.de. In this way, you
m fires. — " can obtain personal access to a commissioning server. The
c — Disconnect the mains power supply prior to installation | | FTOteCtion type: 1P20 _ system configuration is saved on a central server ang is
and/or disassembly! Ambient temperature: 0°C ... +70°C respectively downloaded from Busch-ControlTouch® KNX. The Green: Flashes Normal procedure - OK
m ) app for controlling the connected KNX devices can be slow
— Permit work on the 230 V supply system to be Storage temperature: -40°C ... +85°C * downloaded from Apple Store or Google Store. Y -
performed o_nly_by Specia ISt staft. Dimensions (LXWxH): 72 x 90 X 60 mm Group addresses are imported from ETS 4, ETS5 or higher by Yellow: Flashes No KNX connection
= Please read the mounting instructions carefully and keep them for - - “ importing the KNX project directly to the commissioning server. "Networ slowly
future use. Provided accessories . Additional options, such as Philips Hue, can be configured separately. | k" LED | Red: Flashes LAN problem, no network
= Additional user information and information regarding system = 1xUTP cable Extensive information regarding commissioning, establishing the fast
integration and commissioning can be found under i network connection, parameterising and operating the app can be Red / Flash t |No Int R " |
: . i i e ashes a o Internet connection, only
www.BUSCHJAEGER.com or by scanning the QR code. System requirements found in the technical manual (see QR code). ! ¢
! X green: intervals LAN connection
Intended use ‘ ‘ _ = Apple or Android device or laptop/desktop PC. Additional product features:
= The devices permit the easy and direct operation of home = 10S 6.0 or higher or Android 2.3 or higher ) - - )
) . ) = Creation of scene, script, and time profiles
automation systems using Apple or Android or a laptop/desktop = Free network access c t
PC. In the process, control is implemented through a direct KNX | . Internet connection Operation = Camera ISUPPO
connection (inside the building) or via the Internet (outside the « Philips Hue System (optional) AR ) = Useas alarm system
building). The pertinent app detects the status of switches and . Separate power supply unit (€.g. priOn Netzteil 6358-101) [A] Reset options = Sonos actuation via UPnP
dimmers, for example. As a result, they can be opened and Buttons | Keep pressed during Reset to factory settings
viewed without complex programming using the app. / . R1 booting Service
= For dgtailed information about the range of functions see the Moun_tlng ) ) _ Press briefly Complete reboot Busch-Jaeger Elektro GmbH - A member of the ABB Group,
technical reference manual (see QR code). InEtaII the dewcet_only otr_1 mour_]tt;]ng] rails e}_ccobrldmg tolDtI_N ElN 60715. Press long Reset to factory setings FreisenbergstraBe 2, D-58513 Liidenscheid, Germany, Tel: +49 2351
Observe connection options wi e applicable regulations! (3 se0onds) 956-1600: www.BUSCH-JAEGER.com
Connection
Establish the connection according to the connection diagram (UTP . o
port for Internet connection!). g;ttons Press briefly Reset of the application
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